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NKK Toggle and Tilt Switches
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NKK m series: mini pc mount toggle switches

Fig.
Price Each

Contact Rating:
• Silver: 6A @ 125V AC & 3A @ 250V AC
• Gold: 0.4VA max. @ 28V AC/DC max.

For quantities of 50 and up, call for quote.

MOUSER 
STOCK NO.

NKK
Part No.

Contact
Material 1

Circuit
( ) Momentary

MOUSER
STOCK NO.

Actuator: .413" Bat; .350" Threaded with Keyway
633-M201101-RO	 M2011SS1W01-RO	 A	 SPST On-None-Off	 Solder	   	   	   
633-M201201-RO	 M2012SS1W01-RO	 A	 SPDT On-None-On	 Solder	   	   	   
633-M201301-RO	 M2013SS1W01-RO	 A	 SPDT On-Off-On	 Solder	   	   	   
633-M201501-RO	 M2015SS1W01-RO	 A	 SPDT On-None-(On)	 Solder	   	   	   
633-M201801-RO	 M2018SS1W01-RO	 A	 SPDT (On)-Off-(On)	 Solder	   	   	   
633-M201901-RO	 M2019SS1W01-RO	 A	 SPDT On-Off-(On)	 Solder	   	   	   
633-M202401-RO	 M2024SS1W01-RO	 A	 SP3T On-On-On	 Solder	   	   	   
633-M202601-RO	 M2026SS1W01-RO	 A	 SP3T (On)-On-(On)	 Solder	   	   	   
633-M202701-RO	 M2027SS1W01-RO	 A	 SP3T On-On-(On)	 Solder	   	   	   
633-M202201-RO	 M2022SS1W01-RO	 A	 DPDT On-None-On	 Solder	   	   	   
633-M202301-RO	 M2023SS1W01-RO	 A	 DPDT On-Off-On	 Solder	   	   	   
633-M202501-RO	 M2025SS1W01-RO	 A	 DPDT On-None-(On)	 Solder	   	   	   
633-M202801-RO	 M2028SS1W01-RO	 A	 DPDT (On)-Off-(On)	 Solder	   	   	   
633-M202901-RO	 M2029SS1W01-RO	 A	 DPDT On-Off-(On)	 Solder	   	   	   
633-M204401-RO	 M2044SS1W01-RO	 A	 DP3T On-On-On	 Solder	   	   	   
633-M204601-RO	 M2046SS1W01-RO	 A	 DP3T (On)-On-(On)	 Solder	   	   	   
633-M204701-RO	 M2047SS1W01-RO	 A	 DP3T On-On-(On)	 Solder	   	   	   
633-M203201-RO	 M2032SS1W01-RO	 A	 3PDT On-None-On	 Solder	   	   	   
633-M204201-RO	 M2042SS1W01-RO	 A	 4PDT On-None-On	 Solder	   	   	   
633-M201203-RO	 M2012SS1W03-RO	 B	 SPDT On-None-On	 PC	   	   	   
633-M201303-RO	 M2013SS1W03-RO	 B	 SPDT On-Off-On	 PC	   	   	   
633-M201503-RO	 M2015SS1W03-RO	 B	 SPDT On-None-(On)	 PC	   	   	   
633-M201803-RO	 M2018SS1W03-RO	 B	 SPDT (On)-Off-(On)	 PC	   	   	   
633-M201903-RO	 M2019SS1W03-RO	 B	 SPDT On-Off-(On)	 PC	   	   	   
633-M202403-RO	 M2024SS1W03-RO	 B	 SP3T On-On-On	 PC	   	   	   
633-M202203-RO	 M2022SS1W03-RO	 B	 DPDT On-None-On	 PC	   	   	   
633-M202303-RO	 M2023SS1W03-RO	 B	 DPDT On-Off-On	 PC	   	   	   
633-M203203-RO	 M2032SS1W03-RO	 B	 3PDT On-None-On	 PC	   	   	   
633-M204203-RO	 M2042SS1W03-RO	 B	 4PDT On-None-On	 PC	   	   	   
Actuator: .450" Flatted, .350" Threaded with Keyway
633-M201202-RO	 M2012ES1W01-RO	 C	 SPDT On-None-On	 Solder	   	   	   
633-M201502-RO	 M2015ES1W01-RO	 C	 SPDT On-None-(On)	 Solder	   	   	   
633-M201802-RO	 M2018ES1W01-RO	 C	 SPDT (On)-Off-(On)	 Solder	   	   	   
633-M201902-RO	 M2019ES1W01-RO	 C	 SPDT On-Off-(On)	 Solder	   	   	   
633-M202402-RO	 M2024ES1W01-RO	 C	 SP3T On-On-On	 Solder	   	   	   
633-M202202-RO	 M2022ES1W01-RO	 C	 DPDT On-None-On	 Solder	   	   	   
633-M202302-RO	 M2023ES1W01-RO	 C	 DPDT On-Off-On	 Solder	   	   	   
633-M202502-RO	 M2025ES1W01-RO	 C	 DPDT On-None-(On)	 Solder	   	   	   
633-M202802-RO	 M2028ES1W01-RO	 C	 DPDT (On)-Off-(On)	 Solder	   	   	   

NKK M SERIES: MINI SWITCHES WITH SMALL TOGGLES

Fig. Circuit
( ) Momentary TerminalNKK

Part No.
Price Each

1 25 50

Power Rating:
• 6A @ 125VAC & 3A @ 250VAC/30DC
• 4A @ 30VDC for On-None-On & On-None-Off

Actuator: .453" Bat, .472" Threaded with Keyway
633-M201104-RO	 M2011BB1W01-RO	 D	 SPST On-None-Off	 Solder	   	   	   
633-M201204-RO	 M2012BB1W01-RO	 D	 SPDT On-None-On	 Solder	   	   	   
633-M201504-RO	 M2015BB1W01-RO	 D	 SPDT On-None-(On)	 Solder	   	   	   
633-M201804-RO	 M2018BB1W01-RO	 D	 SPDT (On)-Off-(On)	 Solder	   	   	   
633-M202404-RO	 M2024BB1W01-RO	 D	 SP3T On-On-On	 Solder	   	   	   
633-M202204-RO	 M2022BB1W01-RO	 D	 DPDT On-None-On	 Solder	   	   	   
633-M203504-RO	 M2035BB1W01-RO	 D	 3PDT On-None-(On)	 Solder	   	   	   
633-M203804-RO	 M2038BB1W01-RO	 D	 3PDT (On)-Off-(On)	 Solder	   	   	   
633-M204504-RO	 M2045BB1W01-RO	 D	 4PDT On-None-(On)	 Solder	   	   	   
Actuator: .201" diameter Locking Lever, Threaded Keyway for Lever Lock
633-M201205-RO	 M2012LL1W01-RO	 E	 SPDT On-None-On	 Solder	   	   	   
633-M201305-RO	 M2013LL1W01-RO	 E	 SPDT On-Off-On	 Solder	   	   	   
633-M201505-RO	 M2015LL1W01-RO	 E	 SPDT On-None-(On)	 Solder	   	   	   
633-M201905-RO	 M2019LL1W01-RO	 E	 SPDT On-Off-(On)	 Solder	   	   	   
633-M202205-RO	 M2022LL1W01-RO	 E	 DPDT On-None-On	 Solder	   	   	   
633-M204205-RO	 M2042LL1W01-RO	 E	 4PDT On-None-On	 Solder	   	   	   

Nkk M SERIES: MINI SWITCHES WITH LARGE TOGGLES 
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MOUSER
STOCK NO. Fig. Circuit

( ) Momentary TerminalNKK
Part No.

Price Each
1 25 50
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DIMENSIONS: in.

For quantities of 100 and up, call for quote.For quantities of 100 and up, call for quote.

Power Rating:
• 6A @ 125VAC & 3A @ 250VAC/30DC
• 4A @30VDC for On-None-On & On-None-Off

Right Angle PC
633-M2013SA2G30-RO	 M2013SA2G30-RO	 F	 SPDT On-Off-On	 Gold	   	   
633-M2022S2A2W30-RO	 M2022S2A2W30-RO	 G	 DPDT On-None-On	 Silver	   	   
Vertical PC
633-M2012S2A2G40-RO	 M2012S2A2G40-RO	 H	 SPDT On-None-On	 Gold	   	   
633-M2012S2A2W40-RO	 M2012S2A2W40-RO	 H	 SPDT On-None-On	 Silver	   	   

MOUSER
STOCK NO.

633-DS-BA1P	 DSBA1P	 A	 On-Off Status, NC, Straight PC	   	   	   
633-DS-BA1H	 DSBA1H	 B	 On-Off Status, NC, Right Angle PC	   	   	   

NKK
Part No. DescriptionFig.

For quantities of 100 and up, call for quote.

NKK DS Series - Contactless Tilt Switch
Specifications:
•	Operating Angle: ±30° to ±60°
•	Return Angle: 10° min.

Features:
•	Photo interrupter ensures high reliability
•	Sealed Construction
•	UL94V-0

Price Each
1 25 50

DIMENSIONS: mm

A B
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MOUSER
STOCK NO.

633-DSA01	 DSA01	 C	 Single Pole Single Throw ON-OFF	   	   	   
Optional Adaptor for DSA Series
633-AT094	 AT094	 D	 PC Mount  Battery Holder	   	   	   

NKK
Part No. DescriptionFig.

For quantities of 100 and up, call for quote.

NKK DSA SERIES - HIGH CONTACT TILT SWITCH
Specifications:
•	Contact Resistance: 100 milliohms maximum
•	Contact Bounce (for reference) 500ms maximum

Features:
•	Environmentally friendly, contains non mercury
•	PCB adaptor available as an accessory
•	Housing : PBT

Price Each
1 25 50
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