
40 20±.50

5.10±.60 5.10±.60ø.65

ø5.20+.10
 -.20

.78

.197

.57.19 1.50

ø.025

® ®

® ®

® ®

® ®

®
UL ®

®

®
UL

®
UL

®

This product is RoHS compliant.

CQC

Fuses &
 Fuse H

olders
Littelfuse

731

LITTELFUSE Fuses

(800) 346-6873mouser.com/littelfuse

5mm x 20mm FUSES 
(CONT.)

5mm x 20mm FUSES

© Copyright 2012 Mouser Electronics© Copyright 2012 Mouser Electronics

For quantities greater than listed, call for quote.
Mouser

stock no.
Littelfuse
Part No. Fig. Amp

(A)
Volts
(V)

Price Each
1 10 100 250

215 Series-SLO-BLO® Fuses
576-0215.200HXP 0215.200HXP A 0.2 250 1.27 1.18 .97 .89
576-0215.500HXP 0215.500HXP A 0.5 250 1.27 1.18 .97 .89
576-0215001.HXP 0215001.HXP A 1 250 1.26 1.18 1.07 .88
576-02151.25HXP 02151.25HXP A 1.25 250 1.26 1.18 1.07 .88
576-021501.6HXP 021501.6HXP A 1.6 250 1.26 1.18 1.07 .88
576-0215002.HXP 0215002.HXP A 2 250 1.26 1.18 1.07 .88
576-021502.5HXP 021502.5HXP A 2.5 250 1.26 1.18 1.07 .88
576-02153.15HXP 02153.15HXP A 3.15 250 1.26 1.18 1.07 .88
576-0215004.HXP 0215004.HXP A 4 250 1.26 1.18 1.07 .88
576-0215005.HXP 0215005.HXP A 5 250 1.26 1.18 1.07 .88
576-021506.3HXP 021506.3HXP A 6.3 250 1.26 1.18 1.07 .88
576-0215008.HXP 0215008.HXP A 8 250 1.26 1.18 1.07 .88
576-0215010.HXP 0215010.HXP A 10 250 1.26 1.18 1.07 .88

For quantities greater than listed, call for quote.
216 Series Fast Acting Fuses     • 1500 amp interrupting rating
576-0216.050HXP 0216.050HXP A 0.05 250 1.35 1.29 1.22 1.16
576-0216.100HXP 0216.100HXP A 0.1 250 1.27 1.18 .97 .89
576-0216.125HXP 0216.125HXP A 0.125 250 1.27 1.18 .97 .89
576-0216.200HXP 0216.200HXP A 0.2 250 1.27 1.18 .97 .89
576-0216.250HXP 0216.250HXP A 0.25 250 1.27 1.18 .97 .89
576-0216.315HXP 0216.315HXP A 0.315 250 1.27 1.18 .97 .89
576-0216.500HXP 0216.500HXP A 0.5 250 1.27 1.18 .97 .89
576-0216.630HXP 0216.630HXP A 0.63 250 1.27 1.18 .97 .89
576-0216001.HXP 0216001.HXP A 1 250 1.13 1.06 .88 .80
576-021601.6HXP 021601.6HXP A 1.6 250 1.13 1.06 .88 .80
576-0216002.HXP 0216002.HXP A 2 250 1.13 1.06 .88 .80
576-021602.5HXP 021602.5HXP A 2.5 250 1.13 1.06 .88 .80
576-02163.15HXP 02163.15HXP A 3.15 250 1.13 1.06 .88 .80
576-0216004.HXP 0216004.HXP A 4 250 1.13 1.06 .88 .80
576-0216005.HXP 0216005.HXP A 5 250 1.13 1.06 .88 .80
576-021606.3HXP 021606.3HXP A 6.3 250 1.13 1.06 .88 .80
576-0216008.HXP 0216008.HXP A 8 250 1.13 1.06 .88 .80
576-0216010.HXP 0216010.HXP A 10 250 1.13 1.06 .88 .80
217 Series Fast Acting Fuses     • 35 amp interrupting rating
576-0217.032HXP 0217.032HXP A 0.032 250 1.50 1.42 1.17 1.07
576-0217.063HXP 0217.063HXP A 0.063 250 1.50 1.42 1.17 1.07
576-0217.100HXP 0217.100HXP A 0.1 250 .89 .83 .68 .62
576-0217.125HXP 0217.125HXP A 0.125 250 .89 .83 .68 .62
576-0217.200HXP 0217.200HXP A 0.2 250 .89 .83 .68 .62
576-0217.250HXP 0217.250HXP A 0.25 250 .89 .83 .68 .62
576-0217.400HXP 0217.400HXP A 0.4 250 .32 .29 .21 .18
576-0217.500HXP 0217.500HXP A 0.5 250 .32 .29 .21 .18
576-0217.630HXP 0217.630HXP A 0.63 250 .32 .29 .21 .18
576-0217.800HXP 0217.800HXP A 0.8 250 .32 .29 .21 .18
576-0217001.HXP 0217001.HXP A 1 250 .32 .29 .21 .18
576-02171.25HXP 02171.25HXP A 1.25 250 .32 .29 .21 .18
576-021701.6HXP 021701.6HXP A 1.6 250 .32 .29 .21 .18
576-0217002.HXP 0217002.HXP A 2 250 .32 .29 .21 .18
576-021702.5HXP 021702.5HXP A 2.5 250 .32 .29 .21 .18
576-02173.15HXP 02173.15HXP A 3.15 250 .32 .29 .21 .18
576-0217004.HXP 0217004.HXP A 4 250 .32 .29 .21 .18
576-0217005.HXP 0217005.HXP A 5 250 .32 .29 .21 .18
576-021706.3HXP 021706.3HXP A 6.3 250 .32 .29 .21 .18
576-0217008.HXP 0217008.HXP A 8 250 .32 .29 .21 .18
576-0217010.HXP 0217010.HXP A 10 250 .32 .29 .21 .18
218 Series SLO-BLO® Fuses   • 35 amp interrupting rating
576-0218.032HXP 0218.032HXP A 0.032 250 2.05 1.90 1.57 1.44
576-0218.050HXP 0218.050HXP A 0.05 250 2.05 1.90 1.57 1.44

For quantities greater than listed, call for quote.
215SP Series-Time-Lag, SLO-BLO® Fuses     • 1500 amp interrupting rating
576-0215001.MXESPP 0215001.MXESPP B 1 250 1.62 1.56 1.48 1.42
576-02151.25MXESPP 02151.25MXESPP B 1.25 250 1.62 1.56 1.48 1.42
576-021501.6MXESPP 021501.6MXESPP B 1.6 250 1.62 1.56 1.48 1.42
576-0215002.MXESPP 0215002.MXESPP B 2 250 1.62 1.56 1.48 1.42
576-021502.5MXESPP 021502.5MXESPP B 2.5 250 1.62 1.56 1.48 1.42
576-02153.15MXESPP 02153.15MXESPP B 3.15 250 1.62 1.56 1.48 1.42
576-0215004.MXESPP 0215004.MXESPP B 4 250 1.62 1.56 1.48 1.42
576-0215005.MXESPP 0215005.MXESPP B 5 250 1.62 1.56 1.48 1.42
576-021506.3MXESPP 021506.3MXESPP B 6.3 250 1.62 1.56 1.48 1.42
576-0215008.MXESPP 0215008.MXESPP B 8 250 1.62 1.56 1.48 1.42

For quantities greater than listed, call for quote.
Mouser

stock no.
Littelfuse
Part No. Fig. Amp

(A)
Volts
(V)

Price Each
1 10 100 250

218 Series SLO-BLO® Fuses   • 35 amp interrupting rating (cont.)
576-0218.063HXP 0218.063HXP A 0.063 250 2.05 1.90 1.57 1.44
576-0218.100HXP 0218.100HXP A 0.1 250 1.18 1.10 .90 .83
576-0218.125HXP 0218.125HXP A 0.125 250 1.18 1.10 .90 .83
576-0218.160HXP 0218.160HXP A 0.16 250 1.18 1.10 .90 .83
576-0218.200HXP 0218.200HXP A 0.2 250 1.18 1.10 .90 .83
576-0218.250HXP 0218.250HXP A 0.25 250 1.18 1.10 .90 .83
576-0218.315HXP 0218.315HXP A 0.315 250 1.18 1.10 .90 .83
576-0218.400HXP 0218.400HXP A 0.4 250 1.18 1.10 .90 .83
576-0218.500HXP 0218.500HXP A 0.5 250 .81 .76 .63 .58
576-0218.630HXP 0218.630HXP A 0.63 250 .81 .76 .63 .58
576-0218.800HXP 0218.800HXP A 0.8 250 .81 .76 .63 .58
576-0218001.HXP 0218001.HXP A 1 250 .81 .76 .63 .58
576-02181.25HXP 02181.25HXP A 1.25 250 .81 .76 .63 .58
576-021801.6HXP 021801.6HXP A 1.6 250 .81 .76 .63 .58
576-0218002.HXP 0218002.HXP A 2 250 .81 .76 .63 .58
576-021802.5HXP 021802.5HXP A 2.5 250 .81 .76 .63 .58
576-02183.15HXP 02183.15HXP A 3.15 250 .81 .76 .63 .58
576-0218004.HXP 0218004.HXP A 4 250 .81 .76 .63 .58
576-0218005.HXP 0218005.HXP A 5 250 .81 .76 .63 .58
576-021806.3HXP 021806.3HXP A 6.3 250 .81 .76 .63 .58
576-0218008.HXP 0218008.HXP A 8 250 1.27 1.18 1.08 .89
576-0218010.HXP 0218010.HXP A 10 250 1.27 1.18 1.08 .89
576-0218015.HXP 0218015.HXP A 15 250 1.27 1.18 1.08 .89

For quantities greater than listed, call for quote.
235 Series Fast-Acting Fuses
576-0235.100HXP 0235.100HXP A 0.1 250 .70 .67 .56 .529
576-0235.200HXP 0235.200HXP A 0.2 250 .70 .67 .56 .529
576-0235.250HXP 0235.250HXP A 0.25 250 .70 .67 .56 .529
576-0235.300HXP 0235.300HXP A 0.3 250 .70 .67 .56 .529
576-0235.500HXP 0235.500HXP A 0.5 250 .39 .36 .301 .287
576-0235.600HXP 0235.600HXP A 0.6 250 .39 .36 .301 .287
576-0235.700HXP 0235.700HXP A 0.7 250 .39 .36 .301 .287
576-0235.800HXP 0235.800HXP A 0.8 250 .39 .36 .301 .287
576-0235001.HXP 0235001.HXP A 1 250 .28 .259 .245 .234
576-023501.6HXP 023501.6HXP A 1.6 250 .28 .259 .245 .234
576-0235002.HXP 0235002.HXP A 2 250 .28 .259 .245 .234
576-023502.5HXP 023502.5HXP A 2.5 250 .28 .259 .245 .234
576-0235003.HXP 0235003.HXP A 3 250 .28 .259 .245 .234
576-0235004.HXP 0235004.HXP A 4 125 .28 .259 .245 .234
576-0235005.HXP 0235005.HXP A 5 125 .28 .259 .245 .234
576-0235006.HXP 0235006.HXP A 6 125 .28 .259 .245 .234

For quantities greater than listed, call for quote.
239 Series Slo-Blo® Fuses
576-0239.200HXP 0239.200HXP A 0.2 250 1.00 .94 .77 .71
576-0239.250HXP 0239.250HXP A 0.25 250 1.00 .94 .77 .71
576-0239.300HXP 0239.300HXP A 0.3 250 1.00 .94 .77 .71
576-0239.400HXP 0239.400HXP A 0.4 250 .77 .72 .59 .55
576-0239.500HXP 0239.500HXP A 0.5 250 .77 .72 .59 .55
576-0239.600HXP 0239.600HXP A 0.6 250 .77 .72 .59 .55
576-0239.750HXP 0239.750HXP A 0.75 250 .77 .72 .59 .55
576-0239.800HXP 0239.800HXP A 0.8 250 .77 .72 .59 .55
576-0239001.HXP 0239001.HXP A 1 250 .77 .72 .59 .55
576-02391.25HXP 02391.25HXP A 1.25 250 .77 .72 .59 .55
576-023901.6HXP 023901.6HXP A 1.6 250 .77 .72 .59 .55
576-0239002.HXP 0239002.HXP A 2 250 .77 .72 .59 .55
576-023902.5HXP 023902.5HXP A 2.5 250 .77 .72 .59 .55
576-0239003.HXP 0239003.HXP A 3 250 .77 .72 .59 .55
576-0239004.HXP 0239004.HXP A 4 125 .77 .72 .59 .55
576-0239005.HXP 0239005.HXP A 5 125 .77 .72 .59 .55

For quantities greater than listed, call for quote.
477 Series Slo-Blo Fuses
576-0477001.MXEP 0477001.MXEP B 1 400 1.77 1.71 1.69 1.50
576-0477001.MXP 0477001.MXP A 1 400 1.22 1.16 .93 .85
576-0477002.MXP 0477002.MXP A 2 400 1.22 1.16 .93 .85
576-0477005.MXP 0477005.MXP A 5 400 1.22 1.16 .93 .85
576-0477008.MXP 0477008.MXP A 8 400 1.39 1.31 1.09 .98
576-04773.15MXP 04773.15MXP A 3.15 400 1.22 1.16 .93 .85

For quantities greater than listed, call for quote.
Mouser

stock no.
Littelfuse
Part No. Fig. Amp

(A)
Volts
(V)

Price Each
1 10 100 250

224 Series (Axial Lead) Fast-Acting Fuses
576-0224.375HXP 0224.375HXP C 0.375 250 .73 .68 .56 .51
576-0224.500HXP 0224.500HXP C 0.5 250 .73 .68 .56 .51
576-0224.750HXP 0224.750HXP C 0.75 250 .73 .68 .56 .51
576-0224001.HXP 0224001.HXP C 1 250 .73 .66 .56 .51
576-022401.5HXP 022401.5HXP C 1.5 250 .73 .66 .56 .51
576-0224002.HXP 0224002.HXP C 2 250 .73 .66 .56 .51
576-0224003.HXP 0224003.HXP C 3 250 .73 .68 .56 .51
576-0224005.HXUP 0224005.HXUP C 5 125 .73 .66 .56 .51
576-0224008.HXUP 0224008.HXUP C 8 125 .73 .68 .56 .51
576-0224010.HXUP 0224010.HXUP C 10 125 .73 .66 .56 .51

2AG FUSES

DIMENSIONS: in.
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