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APIDPID22K152

DESCRIPTION

2.0mm Pitch PID Series Standard Leads - 6” Inside Length
                                  DOUBLE END LEADS

CUSTOMER NAMEAll dimensions are in 
millimeters with a default 
tolerance of +/- 5.0 unless 
otherwise specified.

Drawn By:
Larissa Mosley 
Checked By:
Steven Pilkington

CUSTOMER PART NO.

2/5/2019

Item No. Part No. Description

1 SPID-001T-P0.5 PID Connector Contact

2 �L1061, 22 AWG Black

Electrical Specifications

Current: 3A AC/DC

Voltage: 250V AC/DC
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NO. OF CIRCUITS HOUSING PART NO. 

10 PIDRP-10V-S

12 PIDRP-12V-S

14 PIDRP-14V-S

16 PIDRP-16V-S

18 PIDRP-18V-S

20 PIDRP-20V-S

22 PIDRP-22V-S

24 PIDRP-24V-S

26 PIDRP-26V-S

30 PIDRP-30V-S

APPLICABLE HOUSINGS 

152.4 +/- 5.0

170.3 +/- 5.0
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