RFPC-MMCX02-F

CUSTOMER PRODUCT SPECIFICATION SHEET

RFPC-MMCX02-F : MMCX Right Angle Jack, PCB Mount Type

RoHS
Compliant

Material and Plating:
Insulator A: Teflon
Insulator B: Teflon

Pin: Phosphor Bronze, Gold
Body: Brass, Gold

Specification:

Durability: 500 Mating Cycles Min.
Operating Temperature: -40°C~+125°C
Working Frequency Range: DC~6GHz
Impedance: 50 Ohm.

Packaging: Bulk in Tray 3.5
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