TACT SWITCH

TACT SWITCH

2.9x3.9 Miniature Hé X \"ﬁ
. . oS

Side Push / Vertical Push Type Lo
FEATURES SPECIFICATION

- s Compact-sized 2.9x3.9mm Contact Rating  50mA, 12V DC

o B *&Vertical or side actuation Contact
w s#%¢Reflow solderable Resistance H02rmi) lizbe
Insulation f
VPTCEGP . APPLlCATlON Resictance 100MQ min. 100V DC

*¢Automotive s i
s¢Portable electronic device Strength 100V AC/1 minute

s¢Control panel 160+50gf (Vertical Push)

220+65df (Side Push)

MPTCFGP2

gl = 0.13mm (Vertical Push)
rave 0.20mm (Side Push)
MPTCLG Operating Life 100,000 cycles

Operating Temp. -20°C ~ +70°C
Storage Temp.  -30°C ~ +80°C

Operating Force

HOW TO ORDER

MPT[J[J[1L[]- -i CIRCUIT
Package:

T/R=Tape & Reel

V=RoHS & Lead Free Solderable
Q=Halogen Free

[J=Without Post

C=With Post Height for Vertical Push:
[]=Side Push
F=Flat P1=Vertical Push H: 1.50mm PACKAGE
L=J Bend P2=Vertical Push H: 2.00mm <Tape & Reel>
P6=Vertical Push H: 2.50mm Side push: 3500 pcs

Vertical push: 2000 pcs

["J=Without Ground Pin
G=With Ground Pin
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