AVERY DENNISON PRODUCT SPECIFICATION
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NOT TO SCALE
TENSILE STRENGTH: 8 lbsf. / 3.6 kgf. MINIMUM .
MILITARY STANDARD: N/
MATERIAL: POLYPROPYLENE
WEIGHT: 00544 oz. / 16 grams
BUNDLE DIAMETER: 1716" - 1-3/8"
PACKAGED IN: 3060/B0OX
STK.NO DESCRIPTION
08362 NATURAL

FASTENER DPASION

FITCHBURG, MA 01420 U.SA.
AVERY TEL $-800-225-5013
DENNISON . s78-353-8157

DESCRIPTION: apPROVAL L2870/
5", SECUR—A-TIE® FASTENERS STOCK N "REV
08362 NAT H




