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AVERY DENNISON MARKETING SPECIFICATION
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LOOP TENSILE STRENGTH:

40 LBF/180 N MIN. PER AS-23190

177.8mm

42 RUNGS
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203.2mm [8.00in
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NOTE: THESE CABLE TIES ARE PLENUM RATED
AND HAVE A FLAMMABILITY RATING OF V-2

e(UL)us

LISTED

POSITIONING DEVICE
TYPE 21

OPERATING TEMP RANGE:

-40°F (-40°C) TO 185°F (85°C})

ENG. APPR.
APPROVALS:

700

26/2007

MIN, INSTALLATION TEMP;

J2°F {0°C)
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FASTEMER DIVISIGN
FICHBURG, MA D1420 USA.
TEL. 1-800-275-5913
FAX.978.353.8157

ES7800
& AVERY
DENNISON

WEIGHT: [0.51 g. / {0.01734 02) SPECIFIED TOLERANCES ARE.  |MAFERIAL DESCRIPTION
BUNOLE DIAMETER: | @1.6mm 10D 4. 5mmi0.08™-1.75) | yy 4 (3 INCHES X + .7 mm NYLON 6/6 7" CABLE TIE, LADDER
100k 125000 PREUMATICTOOL | XXX + 010 INCHES XX + .25 mm |COLOR STOCK NO. {3
PACKAGING: | 100/BAG, 5000/CASE ANGULAR: + 2° NATURAL 08476-0 C
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