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AVERY DENNISON MARKETING SPECIFICATION
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THE SUBJECT MATIER DSCLOSED HERER EMBODIES PROPRIETARY IMFORMATION WHICH
15 THE CONFIDENTLAL PROPERTY OF THE AVERY DENI
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SPECIFIED TOLERANCES QRZ MATERIAL DESCRIPTION
WESHEE ez ZRigans XX + O3INCHES XX+ .25 MM NYLON é/6 CRADLE MOUNT, HEAVY DUTY
MOUNTING: | # 10 [FLATHEAD SCREW} ANGULAR: + 2° COLOR STOCK NO, REV.
PACKAGING: |100/BAG, S000/CASE NATURAL 10046-2 A
5 4 3 2 |




