MILITARY STANDARD:

M5-3367-4-6

LOOP TENSILE STRENGTH:

18 Ibs./BON MIN. PER A5-23190

OPERATING TEMP RANGE:

-40°F (-40°C) TO 185°F (85°C)

MIN. INSTALLATION TEMP:

32°F (0°C)

NOTE: THESE CABLE TIES ARE PLENUM RATED
AND HAVE A FLAMMABILITY RATING OF V-2
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