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NOTES:

. ALL DIMENSIONS IN MM [INCH]
. GENERAL TOLERANCE: X.X =+0.4

XXX =+£0.25

. TERM. NUMBERS FOR REFERENCE ONLY.

. RATING: 12VDC, 100mA

. CONTACT MATERIAL: GOLD PLATED

. CONTACT RESISTANCE: 200 mQ MAX.

. INSULATION RESISTANCE: 500VDC, 100 MQ MIN.
. OPERATING FORCE: 200 + 80gf

. MECHANCIAL LIFE: 2,000,000 CYCLES

. OPERATING TEMP: -40'C to +85C

. LED COLORS: RGB (RED/GREEN/BLUE)

. TRAVEL: 4.50mm £0.20mm

. A DENOTES CRITICAL PARAMETER.

. SWITCH HAS TACTILE FEEDBACK WHEN ACTUATED
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LED SPECS UNITS
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THE INFORMATION CONTAINED IN THIS DOCUMENT IS PROPRIETARY
TO E-SWITCH AND IS NOT TO BE COPIED OR TRANSFERRED
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