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PANEL CUTOUT

MAX. PANEL THICKNESS 10mm

SWITCH FUNCTION
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CONTACT CONFIGURATION
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() DENOTES MOMENTARY

1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = £ 0.4

. RATING:

rhRLEBbVvOINOU AW

XXX =+ 0.25

. TERMINAL NOS. FOR REF. ONLY

2A @ 48VDC

. CONTACT RESISTANCE: 50mQ MAX. @ 1A 12VDC
. INSULATION RESISTANCE: 1,000MQ @ 500VDC

. DIELECTRIC STRENGTH: 2,000VAC MIN. FOR 1 MINUTE
. ELECTRICAL LIFE: 50,000 CYCLES

. OPERATING TEMPERATURE: -20°C TO 55°C

. INGRESS PROTECTION: IP66

. A DENOTES CRITICAL PARAMETER

. SUPPLIED HARDWARE: O-RING AND HEXNUT
. ILLUMINATION COLOR: GREEN (FORWARD), BLUE (REVERSE)
. ILLUMINATION VOLTAGE: BASE VOLTAGE 2.8V FORWARD, 2.8V REVERSE
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UPDATE THREAD LENGTH TO 15.0
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A RING ILLUMINATION
COLOR: GREEN / BLUE

A FLAT ACTUATOR:
STAINLESS STEEL
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UPDATED RATING TO IP66
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RELEASE FOR PRODUCTION
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