
C
8.70�0.25

.343

F
5.00�0.15

.197

E
11.20�0.3

.441

G
8.75 Min.
.345 Min.

D
1.75�0.125

.0689

B
2.85�0.075

.1122

A
12.80�0.3

.504

DIMENSIONS
BOLD NUMBERS ARE IN MILLIMETERS

 LIGHT NUMBERS ARE IN INCHES

** Not all features are shown
in this drawing. For more
detailed information, please
contact your Fair-Rite
representative.
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