DESCRIPTION:

USB 3.0 - DOUBLE STACK - RIGHT ANGLE
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MATERIALS:

CONTACTS:

HOUSING:
INNER INSULATOR:
SHELL:
MIDDLE SHELL:
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USB 2.0 CONTACT PINS USB 3.0 CONTACT PINS
Pin SIGNAL Pin SIGNAL
NUMBER NAME NUMBER NAME
1 10 VBUS 5 14 StdA_SSRX—
2 11 D- 6 15 StdA_SSRX+
3 12 D+ 7 16 GND_DRAIN
4 13 GND 8 17 StdA_SSTX—
Shell Shield 9 18  |StdA_SSTX+
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C2680R-EH, T=0.25MM

LCP, UL 94V-0, BLUE (PANTONE 300C)
LCP, UL 94V-0, BLUE (PANTONE 300C)
SPCC, T=0.30MM

SUS204, T=0.20MM

GOLD FLASH (MATING AREA)
100 u" TIN ON SOLDER AREA
NICKEL PLATED
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USB 3.0 - DOUBLE STACK - RIGHT ANGLE
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