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SPECIFICATIONS:
ELECTRICAL:

CONTACT INSERTION FORCE:
CONTACT SEPARATOR FORCE:

MECHANICAL:
4.5 Kg Max.
0.3Kg Min.

CONTACTS:
INSULATOR:

SHELL:

MATERIALS:
COPPER ALLOY
PBT UL94V-0 RATED,
BLACK
230°C PROCESS TEMP.
STEEL

SHELL:
CONTACTS:

FINISH:
NICKEL
FULL GOLD FLASH

Ø 0.120 [Ø3.05]
2-PLACES

A1 A3 A8A2 A4 A5 A6 A7

0.240 [6.10]

2.181 [55.40]

2.500 [63.50]

2.732 [69.40]

0.327 [8.30]

0.492 [12.50]

0.433 [11.00]
±0.012 [±0.30]

0.031 [0.80]

SEE SHEET 3 FOR
PIN DIMENSIONS

SEE SHEET 2
FOR DETAILS

INSULATOR RESISTANCE:
OPERATING TEMPERATURE:
CONTACT RESISTANCE:
COAXIAL CONTACT IMPEDANCE:

5 GOHMS Min.
-55° C ~ +125° C
2.7 MilliOHMS Max.
50 OHM

683M8W8103LYYY
1 = Gold Flash

0   = NO HARDWARE
1   = 0.098" CN PCB SIDE
2   = 0.236" CN PCB SIDE
3   = 0.236" CN MATING SIDE
4   = 0.237" BOARDLOCK PCB SIDE
5   = 0.224" BOARDLOCK PCB SIDE

0 = 50 OHM

THESE DRAWINGS AND SPECIFICATIONS ARE
THE PROPERTY OF NorComp AND SHALL NOT
BE REPRODUCED, COPIED OR USED AS THE
BASIS FOR THE MANUFACTURE OR SALE OF
APPARATUS WITHOUT WRITTEN PERMISSION.
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DESCRIPTION: 8W8 // M // COAXIAL // PCB MOUNT

683M8W8103LYYYDWG NO:



LC

2.500 [63.50]

Ø 0.126
[Ø3.20]

2-PLACES

0.904 [22.97]

0.899 [22.83]

0.100 [2.54]

0.100 [2.54]
Ø 0.047 [1.20]
24-PLACES

RECOMMENDED PCB LAYOUT

0.250 [6.36]

0.301 [7.64]
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0.201 [5.10]
±0.008 [±0.20]

50 OHM COAXIAL CONTACT

(2x) SQ 0.028 [0.70]
Ø 0.031 [Ø 0.80]

NOTE:
COAXIAL CONTACTS COME
PRE-LOADED INTO INSULATORS

DESCRIPTION: 8W8 // M // COAXIAL // PCB MOUNT

683M8W8103LYYYDWG NO:



ALL CLINCH-NUTS ARE 4-40 INTERNAL THREADS
TOLERANCE:

ALL DIMENSIONS ARE ±0.010
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0 ..... NO HARDWARE 2 ..... 0.236" PCB SIDE

1 ..... 0.098" PCB SIDE 3 ..... 0.236" MATING SIDE

4 ..... 0.237" PCB SIDE

5 ..... 0.224" PCB SIDE

DESCRIPTION: 8W8 // M // COAXIAL // PCB MOUNT

683M8W8103LYYYDWG NO:
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