DESCRIPTION: POWER - RIGHT ANGLE - MALE - MACHINED - IP67

SPECIFICATIONS:

2,088 [53.05] ELECTRICAL:
INSULATOR RESISTANCE: 5GQ MIN.
WORKING VOLTAGE: 250V
OPERATING TEMPERATURE: -55°C TO +125°C
1.852 [47.09] POWER CONTACT RESISTANCE: 2.0 mQ MAX.
SIGNAL CONTACT RESISTANCE: 10 mQ MAX.
POWER CONTACT AMPERAGE: 40 AMPS
[ 1.533[38.95] ————— SIGNAL CONTACT RESISTANCE: 5 AMPS
— 0.492 [12.50]
MECHANICAL:
— 0.327[8.30] CONTACT INSERTION FORCE: 4.5 Kg MAX.
- ~\ CONTACT SEPARATION FORCE: 0.3 Kg MIN.
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BRACKET: NICKEL PLATED STEEL
BOARD LOCK: NICKEL PLATED BRASS
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MEETS IP67 STANDARDS

(SEE PAGE 3 FOR SEALING DETAILS)
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00 =40 AMP POWER // NO BRACKET // STANDARD PCB TAILS
46 = 40 AMP POWER // #4-40 BRACKET // STANDARD PCB TAILS
62 = 40 AMP POWER // #4-40 BRACKET // 2.22mm PCB TAILS
SEE SHEET 2

FOR CONTACT & BRACKET DIMENSION DETAILS 1=GOLD FLASH

RS CONMIPRLIANTT DO NOT SCALE FROM DRAWING

UNITS = inches [mm]

THESE DRAWINGS AND SPECIFICATIONS ARE | PRAWN: SCALE: SHEET OF REV
THE PROPERTY OF NorComp AND SHALL NOT M. SIGMON NTS 1 3 5
BE REPRODUCED, COPIED OR USED AS THE 0 r O m p

BASIS FOR THE MANUFACTURE OR SALE OF | DATE: DWG NO.

APPARATUS WITHOUT WRITTEN PERMISSION. 06/11/2013 684S21W1103L461




DESCRIPTION: POWER - RIGHT ANGLE - MALE - MACHINED - IP67
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DESCRIPTION: POWER - RIGHT ANGLE - MALE - MACHINED - IP67

FRONT SEAL APPLIED OVER INSULATOR
AND BETWEEN FRONT & REAR SHELLS

DETAIL A-A
SHOWN FOR REFERENCE ONLY

ReRS COMPLIANT UNITS = inches [nm] D0 NOT SCALE FRONM DRAWING
THESE DRAWINGS AND SPECIFICATIONS ARE | PRAWN: SCALE: SHEET OF REV
THE PROPERTY OF NorComp AND SHALL NOT
@ BE REPRODUCED, COPIED OR USED AS THE M. SIGMON NO r‘ O mp NTS 3 3 5
BASIS FOR THE MANUFACTURE OR SALE OF | DATE: DWG NO.
APPARATUS WITHOUT WRITTEN PERMISSION. 06/11/2013 684S21W1103L461




	684S21W1103L461_rev4-p1
	684S21W1103L461_rev4-p2
	684S21W1103L461_rev4-p3

