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MATERIAL AND FINISH:
HOUSING: THERMAL PLASTIC UL94-V0, BLACK
CONTACT: COPPER ALLOY
GOLD PLATING
SHELL: COPPER ALLOY
GOLD PLATING
CABLE: HIGH FREQUENCY COAXIAL CABLE
OD: ©»1.37, COLOR: BLACK, 50 OHM
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73155-2001 75+2.00 2.95+0.07
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