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SHAERED AREA HAS NO PLATING.

APPLICABLE WIRES;

CORE TYPE: STRANDED CONDUCTORS (0.75 to 1.0mm2)
STANDARD OVERALL DIAMETER: (¢ 1.4 to 2. 1mm)

THE FOLLOWING INFORMATION SHOULD BE SHOWED ON THE IDENTIFICATION LABEL.
PRODUCT NAME: MX80PO8K3F1

QTY : 8,000
IDENTIFICATION MARK “L” IS MARKED.

LAYOUT INSPECTION AND FUNCTIONAL TESTING ARE CONDUCTED BASED ON CONTROL PLAN.
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JAR Connector DIV. Proprietary. Copyright(C) 2019, Japan Aviation Electronics Industry, LTD.



