
 

1. SPECIFICATION                                        AZI-2335S-6W3 

ITEM UNITS SPECIFICATIONS CONDITIONS 

01 Rated Voltage V 5 

 02 Operating Voltage V 3~8 

03 Consumption Current mA(Max) 50 Rated Voltage 

04 Resonant Frequency Hz 3500± 500 Rated Voltage 

05 
Sound pressure level 

(Distance at 10cm ) 
dBA(Min) 95 

Rated Voltage 

Resonant Frequency 
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For more information, please contact AATC. 

 


