File Name:

AZ-4329S-P1(RoHS)

Items Units | Specifications Conditions
01 | Rated Voltage VvDC 12
02 | Operating Voltage vDC 6~28
03 | Rated Current mA(Max) 12 At12VDC
04 | Sound Output At 30 cm | dBA(Min) 95 At12VDC
05 | Resonant Frequency Hz 29001500
06 | Tone Nature Continuous
07 | Operating Temp. T -20 ~ +60
08 | Storage Temp. T -30 ~ +70
09 | Weight g 36
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For more information, please contact AATC.



