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PACKAGING

(R PN

(PACKING OPERATION DIAGRAM & INSTRUCTION)

One.

1) Put MicroSD inot REEL in the same direction
2) Packed as shown below.

3) 800pcs/ Reel
2400 _ S
2.00 4.00 gy

\ I
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Two.

1)Reserve 15pcs empty space in both ends
of reel as pull-out release,
2)Full REEL packaging as belows

PULL OUT
DIRECTION

$380+£2.00

Three.

1) 800pcs/ Reel; 10 reels/ Carton.

2) 8000pcs/Carton.

Corner Protection

\;REEL

PE bag

Four.
1) Seal carton with tape

f# &% (REMARK)

1. If the carton is not full, it needs to be
filled with protective material.
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