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ECN NO. DATE
LENTAC0285 | 2014/12/02
C221933 2022112708

A

I

86.6(REF.)

33.6(REF )

Note:
Waterproof Rate: [P68
Screw Nut:Nylon,Black
Clamp Ring:Nylon,Black
Sealing Nut:Nylon,Black
Gasket :EPDM,Black
Seals:EPDM,Black
Cable Range: D10.0~D 14 0mm
For Ponel Thickness:6.2mm max
Spanner Size:
Body: 27.2mm
Sealing Nut: 29 9mm
Screw Nut: 28.5mm
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