| 8
DESCRIPTION

DATE
2022104712
2022112122
2025/10/21

STGN
Jiahe Lin
Ruru
Vicky

0 6 ] ECN NO.
£220593
I C221973
| - C251374
|
|

]

MI2D-XXPFFR-SFT003
Of Pin

XX No.

Recommended
Panel Cut-Out

.00

Nofe:

* RoHS Compliant
¥ @DImportant dimension
Zif Woterproof rate: [P6T7, mated
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
ZﬁkO*Ring\: Rubber, Gray
O-Ring2: Rubber, Gray
Nut: Metal
Nut: Metal
O-Ring: Rubber, Gray
For poanel thickness max: 3.0mm
For pch thickness max: [.6mm
/A/N* The Connector Nut |s Packed Separately In The Bag

Connector

4P 4P
Pin Assignment
Front View PLB Layout

DRAWN BY DATE

UNTT : mm

TOLERANCE
X

XX
XXX
ANGLES

RECEPTACLE, F

ropcB R A

SHEET

¥ | SEN, M2 D, SCREW Amphenol LTW

/O\MI2D-XXPFFR-SFT003

SIZE AA ‘ ‘

WC-REV

(QC): Inspection item

Vicky

2025-10-21

CHECKED BY
Ruru

DATE

2025-10-21

RERSELHBHERAT

APPROVED BY

ALTW Rita

DATE

2025-10-21

8 W10814-03-R#0 A2
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