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XX: No. Of Pin

MIG*1.5

Recommended Panel Connector
Cut-Out )8

Panel Gasket 19 0(Heyx )

//Shie\d

12510

Note:

* RoHS Compliant

* @OImportant dimension

/A Waterproof rate: IP67, Mated

¥ Connector
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
Spring: Metal
Shield: Metal
Nut: Metol
Panel Gasket: Rubber, Black
Mating Gakset: Rubber, Black
For Panel Thickness max: 2.5mm
For PCB Thickness Max 2.5mm.

Pin Assigament Front View Zﬁg The Nut Is Packed Separately In The Bag
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Recommended PCB Layout
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