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FCN NO. DATE SIGN DESCRIPTION

240093 2024/017/19 JC Chen
C2401 11 2024101/22 | Ihiwei Xie
C251438 2025711705 Vicky

MSXS-XXPFFP-SFT002
XX: No.Of Pin

[ﬁkNo%e:
¥ (@O Importont Dimension To Check.

Weterproof Rate: [P6T, Unmated.
Connector: Thermoplastic, Black
Female Pin: Copper Alloy, Gold Plated.
Shield: Copper alloy, Nickel Plated.
Screw Nut: Metal, Nickel Plated.
O-Ringl: Rubber, Gray.
O-Ring2: Rubber, Black.

Recomme nded For Poanel Thickness Range: 2.0~3.0mm.

SN a— For PCB Thickness Max. [.6mm,

Panel Cut-out Hecommended PLA.Layout The Nut Is Packed Separately In The Bag
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