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UNIT:mm SNAPQD, PLUG
 3/4"-16 UNF Male Thread

Zed Tseng 2025/05/21

TOLERANCE
              ±0.5

SQD-06PAFM-PXX001 Vic Lee 2025/05/21NA A4     1     1

ALTW Fred Lee 2025/05/21B .0  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

A - 2025/01/07 Zed Tseng New Initial.

B C250657 2025/05/21 Zed Tseng    X1 

ltem UQD-06PAFM-PXX001

Nominal Diameter DN7

Color Coding Options Color code see the right PN:

Connection Type 3/4-20 UNF male Thread

Maximum Operating Pressure 20bar

Minimum Burst Pressure 80bar

Sealing material EPDM

Hexagonal size 22mm

Body material 316L

Operating Temperature Range -40�$�C~+120�$�C

SQD-06PAFM-PXX001

Note:
* ROHS Compliant
*    Important dimension
* Body Material: stainless steel
* O-ringl: Rubber black
* Nominal Diameter: DN7
* Connection Type: 3/4" Thread

Recommended
Panel Cut-Out

RD:Red
BE:Blue

Note:
* ROHS Compliant
*    Important dimension
* Body Material: Stainless steel
* O-ringl: Rubber,black
* Connection Type: 3/4"-16 UNF male thread
* Color ring: Thermoplastic, Red or blue
* Rubber dust cap: Thermoplastic, Black
* Thread dust cap: Thermoplastic, Yellow
* Nominal Diameter: DN7
* Weight: Ref.52.2G / PCS

Rubber dust cap

Dust cap

Body

Color ring
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