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REV. ECN NO. DATE SIGN DESCRIPTION

2020706717 Bovan Lu New initial
F B C220306 2022/02/25 |Kyle Huang XI
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D Connector Gasket

Notes

Woterproof Rate: [P6T(Mated)

Connector: Thermoplastic, Black

: Power Pin: Copper Alloy, Silver Plated.
| Signal Pin: Copper Alloy, Gold Plated.
: Gasket: Rubber, Black

I Panel Nut: Thermoplastic, Black

i Use Waterproof Cap or Dust Cap

: Panel Thickness Max.: 3. 0mm.

I # Without Waterproof Cap or Dust Cap

i Panel Thickness Max.: 4. 0mm.
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Recommended Wire Spec(Power)

Conductor: 8 AWG(8.3Tmmf )
Recommended Wire Spec(Signal):

Conductor: 20 AWG~22 AWG(0.52mm® ~0. 32mm’ )
Current Roting: 50A(Power), 2A(Signal).
Voltage Rating: 600V(Power), 30V(Signal).
Gasket and Nut are pocked separately in PE bags
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