61830300 DATA SHEET
Valid from: .
05.05.2025 CABLE-EATER bunched cable conduit

The highly flexible CABLE-EATER bunched cable conduit bundles and protects cable
harnesses. It is also ideal for pneumatic and hydraulic hoses in fixed or mobile installations.
But also in office installations.

Material:

Technical features:
Bundle diameter

Properties:
Dielectric strength
Flame resistance

Temperature range:

Colour:

Measurement chart

Polypropylene

10mm up to 32mm

>20kV/mm

HB according to UL94

-30°C up to +85°C

Black
White
Light grey

Bundle diameter
Article no. Colour mm Total length
min max mm

61830300 Black 6 9 100.000
61830302 White 6 9 100.000
61830390 Light grey 6 9 100.000
61830310 Black 10 16 50.000
61830312 White 10 16 50.000
61830391 Light grey 10 16 50.000
61830396 Black 10 16 2.000
61830401 White 10 16 2.000
61830406 Light grey 10 16 2.000
61830320 Black 17 23 30.000
61830322 White 17 23 30.000
61830392 Light grey 17 23 30.000
61830397 Black 17 23 2.000
61830402 White 17 23 2.000
61830407 Light grey 17 23 2.000
61830330 Black 21 25 20.000
61830332 White 21 25 20.000
61830393 Light grey 21 25 20.000
61830398 Black 21 25 2.000
61830403 White 21 25 2.000
61830408 Light grey 21 25 2.000
61830333 White 29 32 15.000
61830335 Black 29 32 15.000
61830394 Light grey 29 32 15.000
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