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SPECIFICATIONS: \
Material: f
Insulator: PBT, rated UL 94V-0 RECOMMENDED PCB LAYOUT
Insulator color: Black
Contacts: Copper Alloy =
Shell: SPCC, Nickel plated
Boardlock: Copper Alloy, Tin, plated
Bracket: Zinc Alloy, Nickel plated
Plating: —_ 909 Rahway Avenue,
Gold over Nickel underplate on contact area, UNLESS OTHERWISE SPECIFIED ADAM* Union. NJ 0y7083
Tin over Nickel underplate on solder tails ALL DIMENSIONS ARE MILLIMETERS jTECH ’
Electial: TOLERANCES: EXCEPT AS NOTED — Phone: 908-687-5000
Voltage: 250 VAC max . + 0.5 : _687-
Current rating: 3 Amp per Contact E;X i 8'912 axx  *0.13 WLEINTERCONNECTS Fax: 908-687-5710 A
Contact resistance: 25 mohms max : :
Insulation resistance: 5,000 Mohms min APPROVALS DATE DUAL PORT D'SUB' 09 MALE/OQ MALE
Dielectric withstanding voltage: 1000 VAC for 1 minute DRAWN oy 1 /23/18 W/BOARDLOCKS
Tempergtureﬂating: —T -
(E)rf)vcierg?]tnlqr;%t;femperature. -55'C to +85C 5o CHECKED MY 1/23/18 X . DPD'09'11'B3 - .
Lead free, RoHS compliant COMPLIANT APPROVED REF: S00027T | scae: NTS | SHEET 1 OF {
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