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RECOMMENDED

MOUNTING HOLE
PANEL THICKNESS: .035 [.89] - .120 [3.05]

490
[12.45]

NOTES:

1. MATERIAL:
JACK HOUSING; GLASS FILLED PBT
ALIGNMENT SLEEVE; CERAMIC

2. PANEL NUT MUST BE TIGHTENED 15-20 IN. LBS
3. ITEMS SHALL BE INDIVIDUALLY PACKAGED.
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LEADING DIMENSIONS ARE INCHES
DIMENSIONS IN [ ] ARE MILLIMETERS
TOLERANCES:
X=+215] FRACTIONS
XX = £.021[0.5] +1/32
XXX =+.005[0.13] | ANGLES £ 1°

lL=COom

an INFINIT® company

© =

INTERPRET ALL DIMENSIONS AND
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