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P LTR DESCRIPTION DATE DWN APVD
C1 PART OBSOLESCENCE 23APR2026| LS |SRK
MATERIAL:
RECEPTACLE CONTACTS— PHOSPHOR BRONZE
RECEPTACLE HOUSING: LCP; BLACK
TERMINATING COVERS: NONE,A
s N
PLATING:
RECEPTACLE CONTACTS— 0.00076 [.000030] MINIMUM GOLD PLATE IN CONTACT AREA,
0.00127 [.000050] MINIMUM BRIGHT TIN—LEAD PLATE IN TERMINATION AREA,
ALL OVER 0.00127 [.000050] MINIMUM NICKEL.
3. RECOMMENDED WIRE:
28 AWG— 0.91 [.036] MAX O.D. PVC OR POLYETHYLENE INSULATION.
4 . SHORT—LONG CONTACT SEQUENCE MUST ALTERNATE BUT MAY BEGIN WITH EITHER
A SHORT OR LONG CONTACT.
L ) A THIS CONNECTOR ASSEMBLY WAS ORIGINALLY DESIGNED TO BE USED WITH AN APPROPRIATE TERMINATING
COVER, WHICH WAS DESIGNED TO PROPERLY POSITION THE CABLE ON THE INSULATION DISPLACEMENT
CONTACTS PRIOR TO AND DURING TERMINATION. BECAUSE CUSTOMER DOES NOT INTEND TO USE SUCH COVER,
11,99 CUSTOMER MUST PROVIDE ADEQUATE ALTERNATIVE MEANS TO PROPERLY POSITION THE CABLE PRIOR TO AND
I [472} DURING TERMINATION.
A PLATING: RECEPTACLE CONTACTS—0.00076 (.000030) MINIMUM GOLD PLATE IN CONTACT AREA,
0.00127 (.000050) MINIMUM TIN PLATE IN TERMINATION AREA, ALL OVER 0.00127 (.000050)
MINIMUM NICKEL
A ROHS 2002 /95/EC COMPLIANT.
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\_ ) DIMENSIONS: TOLERANCES UNLESS JDS—HNE
OTHERWISE SPECIFIED: APVD 20 JAN 97 | NAME
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