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@ - TE Connectivity. Al Rights Reserved. | REVISIONS
NOTES REMARK' P LTR DESCRIPTION DATE DWN APVD

1.CRIMPED FERRULE HEX.CRIMP SIZE .174" B2 | REVISED AS PER ECN-26-376322 16MAR2026| YS | WZ
ALL DIMENSIONS ARE NOMINAL FOR REFERENCE 5 CONTACT PIN TO SOLDER
ONLY UNLESS OTHERWISE STATED. ‘
RoHS: COMPLIANT. —16.69 REF
FLECTRICAL SPECIFICATIONS: 11.13 %j
IMPEDANCE: 50Q BNC MALE 10.26 FLATS
FREQUENCY: DC to 6GHz 6.7 FLATS RECOMMENDED CABLE STRIPPING DIM’S
VOLTAGE RATING: 500 V (rms) - ~ -
DIELECTRIC WITHSTANDING VOLTAGE: >1500V
INSULATION RESISTANCE: >5000mQ
PRODUCT WEIGHT: 11.209g / ] L

L

CONTACT RESISTANCE:

CENTER: <1.5 milliohms.
OUTER: <0.2 milliohms.

MECHANICAL CHARACTERISTICS:

DURABILITY: >500 CYCLES.
CENTER CONTACT RETENTION FORCE : &lbs
COUPLING NUT RETENTION FORCE: >100lIbs

ENVIRONMENTAL PARAMETER:

23.07 REF

W__

NOTES:
FINISH (PLATING THICKNESS IN_ MICRO—INCHES)

10.67

93.00 |

®4.21

1.

100 MICROINCHES MIN SILVER PLATED.
100 MICROINCHES MIN OVER COPPER UNDERPLATED

et . 2. 30 MICROINCHES MIN GOLD PLATED,
E%%EEORSA‘;)%REMEéNSGT% ZOZ;OMCETTHOWSJ %%SD B 50 MICROINCHES MIN OVER NICKEL UNDERPLATED.
THERMAL SHOCK: MIL—STD 202 METH.107,COND.B 5. 200 MICROINCHES MIN' SILVER PLATED
VIBRATION: MIL=STD 202 .METH 204 COND.B 4. 200 MICROINCHES MIN SILVER PLATED.
SHOCK - M\L*STD 202 M,ETH Z.WB C’OND | ' 100 MICROINCHES MIN OVER COPPER UNDERPLATED
’ ’ 1 NOTE 3 BRASS FERRULE 6
1 RED SILICONE GASKET 5
1 NOTE 4 BRASS SHELL 4
1 NOTE 2 BRASS CONTACT PIN | 3
1 N/A PTFE INSULATOR | 2
MIL—P—19468
1 NOTE 1 BRASS BODY 1
2-5330058—1 | FINISH/PLATING MATERIAL DESCRIPTION [ITEM
QUANATSWSYY PER PARTS LIST
THIS DRAWING IS A CONTROLLED DOCUMENT. |PW 05-24-83 p—
CHNKA'E' 09-13-83 - TE TE Connectivity
DIMENSIONS: TOLERANCES UNLESS S HE‘DE
OTHERWISE SPECIFIED: APVD 12-05-83 | NAME
il e _CM___ TNC MALE S/T FOR RG—174/U , 188/U , 500HM
1 PLC +03 . -
<§§> 2 PLC + 0.2
3 PLC + 0.1 APPLICATION SPEC —
XNS\:E:S + — 4 o SIZE CAGE CODE | DRAWING NO RESTRICTED TO
MATERIAL FINISH - WEIGHT O AB 00779 @EBBBOOBB o
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