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W W W W W w SHIELDING - 2 POS | COPPER ALLOY - 5

w w w w w w MCON 1.2 ASSY (&) - - b

W W W W W w TPA PAG66-GF30 VO | RED 3 =
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CABLE BRAND SEE APPLICATION SPEC 1T14-160093

SOCKET CONTACT 2-23690TT-1\1-23491T7-112-2349177 -1 1-2349177-12-23L9177-21-2349177-2|2-23491V77-3|1-2349177-3 |2-2349177-31-2349177-3
(Ag) (Ag+AgSn) (Ag) (Ag+AgSn) (Ag) (Ag+AgSn) (Ag) (Ag+AgSn) (Ag) (Ag+AgSn)
INNER FERRULE 237126721 232674 23TN242-7 23712473 23712673
OUTER FERRULE 23712431
SINGLE W IRE SEAL 23712441 24783761 2371244 -7 2371244 -3 24728376-2
W IRE CLIP 23712451 1-2371245-1 73712L5-7 2371245-3 1-2371245-7

6. GENERAL SPEC:
7). WORKING TEMP: -40~160"C
2). WORKING VOLTAGE: 1000VOC
3). DEGREE OF PROTECTION: [PXXB, IP6K9K, P67
LY. FLAMMABILITY: UL94 VO

REFERENCE VIEW OF CODINGS, BLIND REFERENCE VIEW OF CODINGS, Z2POS REFERENCE VIEW OF CODINGS, 3POS
P/N x P/N 1. P/N 1.1
7-72371035-7 1-2371035-1 73710351
1-72371035-7 2371035-7
1-7371035-3 2371035-3
1-72371035-4 7371035-4
1-7371035-5 2371035-5
» 1-7371035-6 7371035-6
1-2371035-1 AS SHOW N
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