. 1 | 2 | 3 | 4
_E2 wall thickness | length of cut-out width of cut-out
%%E recommended cut-out for snap-in fixing 0.75 to 1 30 +0.1 299 +0.9
SEE| ) (edge opposite to snap-in direction) >1t0 1.5 30.2 +0.1 29.9 +0.9
2Es >1.510 3 30.4 +0.1 22.2 +0.2
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