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Front View

Cover Lens OD179.90±0.2

SE-CTPGG7007

Specification:  

1.Structure: LENS(0.7)+SENSOR(0.55)Total thickness1.4+/-0.1  

2.FPC connect IC standard, IO voltage: 2.8V;IC address 0X70 

3.IC: GT911, working voltage 3.3V

4.Resolution 1280X800 (can make customize by customer requirment)

5.Surface Hardness is 7H

6.Transmittance>86%

7.The unlabel area tolerance±0.2mm

8.Approvedby RoHs
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Cover lens AA150.00(viewing)
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Sensor AA 151.00
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