
The XG2 series is a single-layer SMD mount gap capacitor with Pt 
or Au metallization for solder or epoxy die attach. It is offered in 
multiple dielectric families, voltage ratings, capacitance 
tolerances, and small- form-factor case sizes for high-frequency 
and precision electronic applications.

Design Kit: XG2-LOG-ENG-KIT-01

Case Size:  0201 to 0803 

Working Voltage:  6.3V to 25V
Operating Temperature:  -55 to 125°C

Capacitance Values:  1pF to 1nF 
Capacitance Tolerance:  B, C, K, M tolerances
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XG2-LOG-ENG-KIT-01 contains the following part numbers:
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1.   XG2A15X471MPW   …   0402, 470pF, 6.3V

2.   XG2B10C4R7CPW   …   0201, 4.7pF, 100V
3.   XG2B15C220KPW   …   0402, 22pF, 100V
4.   XG2B15Q2R2CPW  …   0402, 2.2pF, 100V
5.   XG2C40Y103MPW  …   0805, 10nF, 10V
6.   XG2E10Y221MPW   …   0201, 220pF, 16V
7.   XG2E15C470KPW   …   0402, 47pF, 16V
8.   XG2E20Y222MPW   …   0503, 2200pF, 16V
9.   XG2E25Y472MPW   …   0803, 4700pF, 16V
10. XG2G15N100MPW  …  0402, 10pF, 50V
11. XG2G15P0R5BPW   …  0402, 0.5pF, 50V
12. XG2G15P1R0CPW   …  0402, 1.0pF, 50V
13. XG2G15X101MPW   …  0402, 100pF, 50V
14. XG2L10P0R2BPW    …  0201, 0.2pF, 25V
15. XG2L15Y102MPW    … 0402, 100pF, 25V

Engineering Kit : XG2-LOG-ENG-KIT-01
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