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Linear Voltage Regulators:

Positive Fixed Voltage Regulators

Partnumber V,,Max [V] Vour VI 1 [A] V, [V] Typ Tolerance 1Q [mA] Typ Package
DI78L3.3xAB 30V 33V 0.1A 1.7V 5% 6 mA
DI78L0O5xAB 30V 5.0V 0.1A 1.7V 5% 6 mA
DI78L06xAB 30V 6.0V 0.1A 1.7V 5% 6 mA
DI78L0O8xAB 30V 8.0V 0.1A 1.7V 5% 6 mA x =D is SO-8
0,
DI78L09xAB 30V 9.0V 0.1A 1.7V 5% 6 mA x = U is SOT-89
DI78L10xAB 35V Vv 0.1A 1.7V 5% 6 mA .
x=12is TO-92
DI78L12xAB 35V 12V 0.1A 1.7V 5% 6 mA
DI78L15xAB 35V 15V 0.1A 1.7V 5% 6 mA
DI78L18xAB 40V 18V 0.1A 1.7V 5% 6 mA
DI78L20xAB 40V 20V 0.1A 1.7V 5% 6 mA
DI78L24xAB 40V 24V 0.1A 1.7V 5% 6 mA
Features/Benefits
> Fixed output voltage range: 3.3 V... 24V > Junction temperature -40°C ... 125°C
> Typical dropout voltage: 1.7 V > Thermal overload and short circuit protection

Negative Fixed Voltage Regulators

Partnumber V,,Max [V] Vour VI 1, [A] V, [V] Typ Tolerance 1Q [mA] Typ Package
DI79L05xAB -20V -5.0V 01A |17V 5 % 6 mA
DI79L06xAB -20V -6.0V 0.1A 1.7V 5 % 6 mA
DI79L08xAB -23V -80V 0.1A 1.7V 5% 6 mA
DI79L09xAB -24V -9.0V 0.1A [1.7V 5% 6 mA x=Dis50-8
DI79L10xAB -25V -10V 0.1A 1.7V 5% 6 mA x = U is SOT-89
DI79L12xAB -27V -12V 0.1A 1.7V 5% 6 mA x=2is TO-92
DI79L15xAB -30V -15V 01A |17V 5 % 6 mA
DI79L18xAB -33V -18V 0.1A 1.7V 5 % 6 mA
DI79L24xAB -39V -24V 0.1A 1.7V 5% 6 mA

> Fixed output voltage range: -5.0 V... -24 V > Junction temperature -40°C ... 125°C

> Typical dropout voltage: 1.7 V > Thermal overload and short circuit protection

Positive Fixed Voltage Regulaors

Partnumber VvV, Max [V] Vour VI 1, [A] V, [V] Typ Tolerance 1Q [mA] Typ Package
DI78MO05xAB 35V 50V 05A 20V 5% 6 mA x = U is SOT-89
Features/Benefits
> Fixed output voltage range: 5.0 V > Junction temperature -40°C ... 125°C
> Typical dropout voltage: 2.0 V > Thermal overload and short circuit protection
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Linear Voltage Regulators:

Adjustable and Fixed Low Dropout Voltage Regulators

Partnumber V,Max [V] Vour VI 1 [A] V, V] Typ Tolerance IQ [mA] Typ  Package

LDI1117-ADx 20V 125V .. 1365V | 1.0A | 115V 1% 5 mA
LDI1117-1.2x 20V 1.2V 1.0A [115V 1% 5 mA

LDI1117-1.5x 20V 1.5V 1.0A [1.15V 1% 5 mA x=D is 5O-8
LDI1117-1.8x 20V 1.8V 1.0A [1.15V 1% 5 mA = U is SOT-89
LDI1117-2.5x 20V 25V 1.0A [1.15V 1% 5 mA = H is SOT-223
LDI1117-3.3x 20V 33V 1.0A [1.15V 1% 5mA

LDI1117-05x 20V 5.0V 1.0A  [1.15V 1% 5 mA

Features/Benefits

> Adjustable & Fixed output voltage range: 1.25V ... 5.0V > Junction temperature -40°C ... 125°C
> Typical dropout voltage: 1.15 V > Thermal overload and short circuit protection

Fixed Ultra Low Power Low Dropout Voltage Regulators

Partnumber V,,Max [V] Vour V] I [mA] VvV, [V]Typ Tolerance 1Q [uA] Typ Package
D162061.5x1 7.0V 1.5V 60 mA | 0.58V 1% 8.0 pA
D162061.8x1 7.0V 1.8V 80mA |035V 1% 8.0 pA
D162062.5x1 7.0V 25V 150 mA | 0.35V 1% 8.0 pA
DI62062.8x1 7.0V 28V 150 mA | 0.35V 1% 8.0 pA X =S is SOT-23
D162063.0x1 7.0V 3.0V 200 mA | 0.25V 1% 8.0 pA
D162063.3x1 7.0V 33V 200 mA | 0.25V 1% 8.0 pA
D162063.6x1 7.0V 3.6V 200 mA | 0.25V 1% 8.0 pA
Partnumber V,,Max [V] Vour VI I, [mA] V,[V]Typ Tolerance 1Q [uA] Typ  Package
D162061.5x2 7.0V 1.5V 60 mA | 0.58V 2% 8.0 pA
DI162061.8x2 7.0V 1.8V 80mA | 035V 2% 8.0 pA
D162062.5x2 7.0V 25V 150 mA [ 0.35V 2% 8.0 pA
DI62062.8x2 7.0V 28V 150 mA | 0.35 V 2% 8.0 pA X =5is 50T-23
D162063.0x2 7.0V 3.0V 200 mA | 0.25V 2% 8.0 pA
D162063.3x2 7.0V 33V 200 mA | 0.25V 2% 8.0 pA
D162063.6x2 7.0V 3.6V 200 mA | 0.25V 2% 8.0 pA
> Fixed output voltage range: 1.5 V... 3.6 V > Junction temperature -40 ... 85°C
> Output Voltage Accuracy: +1% and 2% > Compatible with Low ESR Ceramic Capacitors
> Very Low Quiescent Current: typ. 8 pA > Built in Current Limiting Circuit
> Typical dropout voltage: 0.25V ... 0.58 V
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