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	NetU1_64
	Pins
	U1-64


	NetU1_65
	Pins
	U1-65


	NetU1_66
	Pins
	U1-66


	NetU1_67
	Pins
	U1-67


	NetU1_68
	Pins
	U1-68


	NetU1_69
	Pins
	U1-69


	NetU1_70
	Pins
	U1-70


	NetU1_71
	Pins
	U1-71


	NetU1_72
	Pins
	U1-72


	NetU1_73
	Pins
	U1-73


	NetU1_74
	Pins
	U1-74


	NetU1_75
	Pins
	U1-75


	NetU1_76
	Pins
	U1-76


	NetU1_77
	Pins
	U1-77


	NetU1_78
	Pins
	U1-78


	NetU1_79
	Pins
	U1-79


	NetU1_80
	Pins
	U1-80


	NetU1_81
	Pins
	U1-81


	NetU1_82
	Pins
	U1-82


	NetU1_83
	Pins
	U1-83


	NetU1_84
	Pins
	U1-84


	NetU1_85
	Pins
	U1-85


	NetU1_86
	Pins
	U1-86


	NetU1_87
	Pins
	U1-87


	NetU1_88
	Pins
	U1-88


	NetU1_89
	Pins
	U1-89


	NetU1_90
	Pins
	U1-90


	NetU1_91
	Pins
	U1-91


	NetU1_92
	Pins
	U1-92


	NetU1_93
	Pins
	U1-93


	NetU1_94
	Pins
	U1-94


	NetU1_95
	Pins
	U1-95


	P0.02/AIN0
	Pins
	J2-4
	J9-10
	U1-18

	NetLabels
	P0.02/AIN0
	P0.02/AIN0
	P0.02/AIN0


	P0.03/AIN1
	Pins
	J1-9
	J9-9
	U1-17

	NetLabels
	P0.03/AIN1
	P0.03/AIN1
	P0.03/AIN1


	P0.04/AIN2
	Pins
	J2-8
	J9-8
	U1-16

	NetLabels
	P0.04/AIN2
	P0.04/AIN2
	P0.04/AIN2


	P0.05/AIN3
	Pins
	J2-7
	J9-7
	U1-15

	NetLabels
	P0.05/AIN3
	P0.05/AIN3
	P0.05/AIN3


	P0.09
	Pins
	J2-11
	J9-6
	U1-59

	NetLabels
	P0.09
	P0.09
	P0.09


	P0.10
	Pins
	J2-12
	J9-5
	U1-60

	NetLabels
	P0.10
	P0.10
	P0.10


	P0.11
	Pins
	J2-13
	J8-10
	U1-13

	NetLabels
	P0.11
	P0.11
	P0.11


	P0.12
	Pins
	J2-14
	J8-9
	U1-58

	NetLabels
	P0.12
	P0.12
	P0.12


	P0.16
	Pins
	J3-4
	J8-8
	U1-57

	NetLabels
	P0.16
	P0.16
	P0.16


	P0.18
	Pins
	J3-3
	J8-7
	U1-56

	NetLabels
	P0.18
	P0.18
	P0.18


	P0.19
	Pins
	J3-17
	J8-6
	U1-14

	NetLabels
	P0.19
	P0.19
	P0.19


	P0.21/RST
	Pins
	C2-2
	J3-13
	J6-10
	J7-3
	J8-5
	R6-1
	S1-3
	S1-4
	U1-54

	NetLabels
	P0.21/RST
	P0.21/RST
	P0.21/RST
	P0.21/RST
	P0.21/RST
	P0.21/RST


	P0.27
	Pins
	J3-1
	J8-4
	U1-19

	NetLabels
	P0.27
	P0.27
	P0.27


	P0.31/AIN7
	Pins
	J3-7
	J8-3
	U1-20

	NetLabels
	P0.31/AIN7
	P0.31/AIN7
	P0.31/AIN7


	SWDCLK
	Pins
	J1-7
	J6-4
	J7-4
	J9-3
	U1-53

	NetLabels
	SWDCLK
	SWDCLK
	SWDCLK
	SWDCLK
	SWDCLK


	SWDIO
	Pins
	J1-8
	J6-2
	J7-2
	J9-4
	U1-52

	NetLabels
	SWDIO
	SWDIO
	SWDIO
	SWDIO
	SWDIO


	UWB_ANT
	Pins
	R4-2
	U1-38

	NetLabels
	UWB_ANT


	UWB_MOD
	Pins
	R3-2
	U1-39

	NetLabels
	UWB_MOD


	UWB_RF
	Pins
	J4-1
	R3-1
	R4-1

	NetLabels
	UWB_RF
	UWB_RF


	VCC_App
	Pins
	J1-2
	J1-3
	J8-1
	J9-1
	R5-1
	R6-2


	VCC_ISP
	Pins
	C3-2
	J1-4
	J11-3
	L1-1
	R5-2
	U1-30
	U2-1


	VDDIO
	Pins
	C4-2
	C5-2
	J10-1
	R7-2
	U1-11
	U2-4






