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現品ラベル/ARTICLE LABEL
品名(DESCRIPTION)

図番(PART No.)
数量(Q'ty) 

ITEM NO

Lot No.　

E.Code.　TB**04

Japan Aviation Electronics Industry, Ltd.
MADE IN JAPAN

WP12-P***VA1-R15000

15,000
SJ131127

Count:001
JAE001

XXXXXXXXXX  　XXXX XXXX XXXX  
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QCF-C-0628(07.12)/JAPS-9006-2
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NOTE1. SUFFIX"-R15000" OF THE PART NUMBER INDICATES THAT 15,000 PCS.
       OF WP12-P***VA1 CONNECTORS ARE ACCOMMODATED IN ONE REEL.
NOTE2. THE LABEL IS TO BE ATTACHED ON THE MAGAZINE AS SHOWN.
NOTE3. REFER TO THE DRAWING; SJ131126(TITLE:WP12-P***VA1)
       FOR THE DIMENSIONS OF THE CONNECTOR.
NOTE4. LOT No. IS MARKED AS SHOWN IN BELOW FIGURE MARKING.

注1. "WP12-P***VA1-R15000"は、収納数15,000個入りのリールに収納された品名を表す。
注2. 図示の位置にラベル表示を行う。
注3. コネクタの寸法はSJ131126(WP12-P***VA1)を参照のこと
注4. ロットNo.の表記方法は下記による。
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