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SPI Slave
P1.1 : USIC0_CH1-DX2E : SEL
P1.2 : USIC0_CH1-DX0B : MOSI
P1.3 : USIC0_CH1-DX1A : CLK
P1.6 : USIC0_CH1-DOUT0 : MISO
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I2C
P0.0 : USIC1_CH1.DX0A : SDA
P0.1 : USIC1_CH1.DX1A : SCL
SPI
P0.2 : USIC1_CH0.SCLKOUT : CLK
P0.3 : USIC1_CH0.DX0B : MISO
P0.3 : USIC1_CH0.DOUT : MOSI
P4.7 : USIC1_CH0.SELO0 : CS
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